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\Welcome to the NOVUX Hardened

Terminals ordering guide.

NOVUX Hardened Terminals (HT) were
created to give providers the agility and
flexibility to keep pace with today’s rapidly
changing network environment.

In a single platform, HT brings many advantages:

- Up to 40% smaller footprint

- The widest variety of technologies available from
a single platform

- Application flexibility for new builds and upgrades

- Designed and built to be ready for the field workforce
of the future

- Backed by an agile global supply chain with a common
platform design and processes

The HT portfolio contains single-fiber, multi-fiber, optical tap,
and fiber indexing terminals. All are designed to adapt to your
particular application—they share connection capabilities, a
unigue product information system, a mounting platform,
and customer configurability. The HT portfolio also allows you
to choose your connectivity and cable option, because each
NOVUX hardened terminal accepts:

- Full-size single-fiber connectors

- HMFOC multi-fiber (2-12 fibers) connectors

- Cables from 5 mm to 18 mm round

- Terminal front port options include full size adapters, multi-
fiber HMFOC jacks or a mix of single and multi-fiber

Whatever the application, however they're deployed, NOVUX
Hardened Terminals are ready to bring ultimate flexibility

to your plug-and-play FTTH solutions. HT adds value for
providers today, and long-term profitability in the decades

to come.
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CommScope is a world leader in communication
infrastructure solutions, and this portfolio is the result of our
four-decades’ experience shaping FTTH networks, solutions,
and products. CommScope’s NOVUX Hardened Terminals
ordering guide was created to help network planners and
engineers select the hardened terminal that best suits their
specific application needs, with a focus on conversion from
MST terminals. During your network planning process, please
keep in mind that on-demand NOVUX HT configurations are
available—just contact your CommScope representative to
discuss your specific needs.

Learn more:

NOVUX Hardened Terminals Brochure
NOVUX Hardened Terminals Video ®

NOVUX hardened terminals

- H070

*Compared to existing MST terminals with
universal mounting bracket

Current
MST 8-port

NOVUX
HST 8-port



https://www.commscope.com/globalassets/digizuite/722253-novux-hardened-terminals-br-114456-en.pdf
https://share.vidyard.com/watch/PxqL8LYixfEJZu3UbUaMyd?
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The ultimate flexibility for plug-and-play FTTH solutions

NOVUXHT

HXT
Series

HTT

NEES
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Single-fiber: P2P/no splitters

Single-fiber: P2P w/splitters

Hybrid for multi-use

Fiber indexing

Optical taps

Small

2 ports
4 ports
2 ports, 1x1:2

4 ports, 1x1:4

4 ports, 1x1:2 splitter, 2 P2P

12 fiber index only, 1f
12 fiber index only, 2f
12 fiber index only, 3f
12 fiber index only, 4f
12 fiber multi-use, 2f

12 fiber branching,
2 to 6f per port

Up to 24f
2 ports, each 2, 4, 6, 8 or 12f
3 ports, each 2, 4, 6, or 8f

4 ports, each 2, 4, or 6f

2 drops

Medium

6 ports
8 ports
8 ports, 2x1:4
8 ports, 1x1:8

7 ports, 1x1:4 splitter, 3 P2P

8 ports, 1x1:4 splitter, 4 P2P

12 fiber 1:4

12f multi-use 2f + 1:4
24f multi-use 2f

24f multi-use 3f

24f multi-use 4f

Up to 24f
6 ports, each 2, 3 or 4f

8 ports 2 or 3f

4 drops

Large

12 ports
12 ports, 3x1:4

12 ports, 1x1:8 splitter, 4 P2P

11 ports, 2x1:4 splitter, 2 P2P, 1
HMFOC 4f

12 fiber 1:8
12 fiber multi-use, 3f +1:4
12 fiber multi-use, 4f +1:4

12 fiber multi-use, 2f +1:8

Up to 24f

12 ports, each 2f

8 drops
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NOVUX hardened terminals, single-fiber

Housing color

| Black, RAL 9005

. © Gray, RAL 7035

Number of ports

n 2 port

n 3 port

n 4 port

B 5 port

n 6 port

n 8 port

n 9 port

10 port

~ . 11port

12 port

Adapter type

Full-size

Configuration standard

No splitter

1:2 splitter

1:4 splitter

1:8 splitter

2x 1:4 splitter

3x 1:4 splitter

1:2 splitter + 2P2P
1:4 splitter + 3P2P
1:4 splitter + 4P2P
1:8 splitter + 4P2P

HMFOC

Cable type

Flat dielectric
n Flat toneable

Round armored
Round dielectric

Stubless
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2x 1:4 splitter + 2P2P + 4f
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10 ft, 3 m
0030 pE{okimeN
BEERS 33 ft, 10 m
BEDS 50 ft, 15 m
DS 66 ft, 20 m
WEL[RS 100 ft, 30 m
WREDS 150 ft, 45 m
WNEERY 165 ft, 50 m
WPLES 200 ft, 60 m
VPR 250 ft, 76 m
BE[ES 300 ft, 91 m
WEED 330 ft, 100 m
WU 350 ft, 106 m
WZIDES 400 ft, 121 m
WZETR 450 ft, 137 m
BB 500 ft, 152 m
ORI 550 ft, 167 m
O[S0 600 ft, 182 m
WEEDS 650 ft, 198 m
WZQRs 700 ft, 213 m
WP 725 ft, 220 m
Wy 750 ft, 228 m
BELOES 800 ft, 243 m
DEPARS 821 ft, 250 m
WEE 850 ft, 259 m
WENDES 900 ft, 274 m
WEEERY 985 ft, 300 m
1000 ft, 304 m
(O 1100 ft, 335 m
(= 1150 ft, 350 m
(ZAEE 1200 ft, 365 m
(PRI 1250 ft, 381 m
(=L 1300 ft, 396 m
1400 ft, 426 m
(ELEE 1500 ft, 457 m
1600 ft, 487 m
(G228 1642 ft, 500 m
(A 1700 ft, 518 m
WA 1750 ft, 533 m
2JOl)F8 2000 ft, 609 m

RST-LL A L) L DOCE U0 D

Customization

m Standard (stub first)

Reverse spool (terminal first)
Plastic spool (stub first)
Plastic spool (terminal first)

Accessories

“ No accessories
Universal bracket
Strand bracket

“ Universal cable bracket

Stub end

“ Splice stub
Full-size

F HMFOC plug
(female/no pin)

Contact your CommScope representative
for configuration availability.
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NOVUX hardened terminals, single-fiber

Small (2 to &4 ports): 7.6x3.7x3.2 in (192x94x80 mm)

2 port

MSTMID #
MST-02MH00-A0050U

MST-02MH00-A0100A
MST-02MH00-A0 100U
MST-02MH00-A0200U
MST-02MH00-A0250A
MST-02MH00-A0250U
MST-02MH00-A0500A
MST-02MH00-A0500U
MST-02MH00-A0750A
MST-02MH00-A0750U
MST-02MHO00-A1000A
MST-02MH00-A1000U
MST-02MHO00-A1250A
MST-02MHO00-A1250U
MST-02MHO00-A1500A
MST-02MHO00-A1500U
MST-02MHO00-A2000A
MST-02MHO00-A2000U

MST MID #

NOVUX HST MID # without
Universal Mounting Bracket

HST-B2HNAOO50NNOOO
HST-B2HNAOT0ONNOOQ1
HST-B2HNAO100NNOOO
HST-B2HNAO200NNOOO
HST-B2HNAO250NNOO1
HST-B2HNAO250NNO0OO
HST-B2HNAO500NNOOQ1
HST-B2HNAO500NNOOO
HST-B2HNAO750NNOOQ1
HST-B2HNAO750NNOOO
HST-B2HNA1000NNOO1
HST-B2HNATO0ONNOOO
HST-B2HNA1250NN001
HST-B2HNA1250NN00O
HST-B2HNA1500NN001
HST-B2HNA1500NNO0O
HST-B2HNA2000NN0O1
HST-B2HNA2000NN00O

NOVUXHST MID # without

NOVUX HST MID # with
Universal Mounting Bracket

HST-B2ZHNAOO50NU0O00
HST-B2ZHNAO100NUOO1
HST-B2ZHNAO100NUO00
HST-B2ZHNA0200NU0O00
HST-B2ZHNA0250NUO001
HST-B2ZHNA0250NU000
HST-B2ZHNAO500NUOO1
HST-B2ZHNAO500NUO00
HST-B2HNAO750NUO001
HST-B2ZHNAO750NU0O00
HST-B2HNA1000NU0O1
HST-B2HNA1000NUO0O
HST-B2HNA1250NU001
HST-B2HNA1250NU000
HST-B2HNA1500NU001
HST-B2HNA1500NU000
HST-B2HNA2000NU001
HST-B2HNA2000NU00O

NOVUXHST MID # with

Flat Dielectric
Stub Length (ft)

50
100
100
200
250
250
500
500
750
750
1000
1000
1250
1250
1500
1500
2000
2000

Flat Dielectric Toneable

Options

Reverse spool

Reverse spool

Reverse spool

Reverse spool

Reverse spool

2 port

Reverse spool

Reverse spool

Reverse spool

MST-02MH00-B0050U
MST-02MH00-B0 100U
MST-02MHO00-B0 150U
MST-02MH00-B0200U
MST-02MHO00-B0250A
MST-02MH00-B0250U
MST-02MHO00-BO500A
MST-02MH00-B0500U
MST-02MHO00-B0750A
MST-02MHO00-B0750U
MST-02MH00-B1000U
MST-02MHO00-B1250U
MST-02MHO00-B1500A
MST-02MH00-B1500U
MST-02MH00-B1750U
MST-02MH00-B2000U
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Universal Mounting Bracket

HST-B2HNBOO50NNOOO
HST-B2HNBOT0ONNOOO
HST-B2HNBO150NNO0OO
HST-B2HNBO200ONNOOO
HST-B2HNB0250NNOO1
HST-B2HNB0250NNOOO
HST-B2HNBO500NNOO1
HST-B2HNBO500NNOOO
HST-B2HNBO750NNOO1
HST-B2HNBO750NNO0O
HST-B2HNB1000NNO0OO
HST-B2HNB1250NNO0O
HST-B2HNB1500NNOO1
HST-B2HNB1500NNO0O
HST-B2HNB1750NNO00O
HST-B2HNB200ONNOOO

Universal Mounting Bracket

HST-B2HNBOO50NU000
HST-B2HNBO100NU0O00
HST-B2HNBO150NU0O00
HST-B2HNB0200NUO00
HST-B2HNB0250NUOO01
HST-B2HNB0250NU0O00
HST-B2HNBO500NUOO1
HST-B2HNBO500NU000
HST-B2HNBO750NUO01
HST-B2HNBO750NU0O00
HST-B2HNB1000NU0O00O
HST-B2HNB1250NU0C00
HST-B2HNB1500NUO01
HST-B2HNB1500NU0C00
HST-B2HNB1750NU0C00
HST-B2HNB200ONUO00

Stub Length (ft)

50
100
150
200
250
250
500
500
750
750
1000
1250
1500
1500
1750
2000

Options

Reverse spool

Reverse spool

Reverse spool

Reverse spool
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NOVUX hardened terminals, single-fiber

2 port (continued)

NOVUX HST MID # without | NOVUX HST MID # with Armored Stub

MSTMID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
MST-02MHO00-C0 100U HST-B2HNCO100NNOOO HST-B2HNCO100NUO00 100

MST-02MHO00-C0250U HST-B2HNC0250NNO0O HST-B2HNC0250NU000 250

MST-02MHO00-C0500U HST-B2HNCO500NNOOO HST-B2HNCO500NUO00 500

MST-02MHO00-C0750U HST-B2HNCO750NNO0O HST-B2HNCO0750NU000 750

MST-02MHO00-C1000U HST-B2HNC1000NNOOO HST-B2HNC1000NUO00O 1000

MST-02MHO00-C1250U HST-B2HNC1250NN0O0O HST-B2HNC1250NU000 1250

MST-02MHO00-C1500U HST-B2HNC1500NNO0O HST-B2HNC1500NUO00 1500

L port

NOVUXHST MID # without | NOVUX HST MID # with Flat Dielectric Stub

MSTMID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft)

Options

MST-04MH00-A0050A
MST-04MH00-A0050U
MST-04MH00-A0100A
MST-04MH00-A0 100U
MST-04MH00-A0 150U
MST-04MH00-A0050UM
MST-04MH00-A0200U
MST-04MH00-A0250A
MST-04MH00-A0250U
MST-04MH00-A0100UM
MST-04MHO00-A0500A
MST-04MH00-A0500U
MST-04MHO00-A0150UM
MST-04MH00-A0200UM
MST-04MHO00-A0750A
MST-04MHO00-A0750U
MST-04MHO00-A0250UM
MST-04MHO00-A0300UM
MST-04MHO00-AT000A
MST-04MHO00-A1000U
MST-04MHO00-A1250A
MST-04MHO00-A1250U
MST-04MHO00-A1500A
MST-04MHO00-A1500U
MST-04MHO00-A2000A
MST-04MHO00-A2000U
MST-04RH00-A1250U
MST-04RHO0-A1500U
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HST-B4HNAOO50NNOOQ1
HST-B4HNAOO50NNOOO
HST-B4HNAO100NNOO1
HST-B4HNAO100NNOOO
HST-B4HNAO150NNO0OO
HST-B4HNAO165NNO0O
HST-B4HNAO200NNOOO
HST-B4HNAO250NNOOQ1
HST-B4HNAO0250NNO0O
HST-B4HNAO330NNOOO
HST-B4HNAO500NN0O1
HST-B4HNAO500NNOOO
HST-B4HNAO500NN00O
HST-B4HNAO650NNOOO
HST-B4HNAO750NN001
HST-B4HNAO750NN00O
HST-B4HNAO082 TNN00O
HST-B4AHNAO985NN00O
HST-B4HNA1000NNOO1
HST-B4HNATO00NNOOO
HST-B4HNA1250NN001
HST-B4HNA1250NN00O
HST-B4HNA1500NN001
HST-B4HNA1500NNO0O
HST-B4HNA2000NNOO1
HST-B4HNA2000NN00O
HST-B4HNA1250NN00O
HST-B4HNAT500NNO0O

HST-B4HNAOO50NUOO1
HST-B4HNAOO50NUO00
HST-B4HNAO100NUOO1
HST-B4HNAO100NUO0O
HST-B4HNAO150NU000
HST-B4HNAO165NU000
HST-B4HNA0200NUO00
HST-B4HNA0250NUO001
HST-B4HNA0250NU000
HST-B4HNA0330NUO00
HST-B4HNAO500NU001
HST-B4HNAO500NU000
HST-B4HNAO500NU000
HST-B4HNAO650NU000
HST-B4HNAO750NU001
HST-B4HNAO750NU000
HST-B4HNA082 TNU00O
HST-B4HNAO985NU000
HST-B4HNA1000NU0O1
HST-B4HNA1000NUOOO
HST-B4HNA1250NU001
HST-B4HNA1250NU000
HST-B4HNA1500NU001
HST-B4HNA1500NU000
HST-B4HNA2000NU001
HST-B4HNA2000NU00O
HST-B4HNA1250NU000
HST-B4HNA1500NU0O00

50 Reverse spool
50

100 Reverse spool
100

150

165

200

250 Reverse spool
250

330

500 Reverse spool
500

500

650

750 Reverse spool
750

821

985
4 port

1000 Reverse spool
1000

1250 Reverse spool
1250

1500 Reverse spool
1500

2000 Reverse spool
2000

1250

1500
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NOVUX hardened terminals, single-fiber

L4 port (continued)

Flat Dielectric Toneable

MSTMID #

MST-04MH00-B0050U

MST-04MH00-B0100A
MST-04MH00-B0100U
MST-04MHO00-B0150U
MST-04MH00-B0200U
MST-04MH00-B0250A
MST-04MH00-B0250U
MST-04MH00-BO500A
MST-04MH00-B0500U
MST-04MHO00-B0O750A
MST-04MHO00-B0750U
MST-04MHO00-B1000A
MST-04MHO00-B1000U
MST-04MHO00-B1250A
MST-04MHO00-B1250U
MST-04MHO00-B1500A
MST-04MHO00-B1500U
MST-04MHO00-B1750U
MST-04MHO00-B2000U

Armored Stub

Reverse spool

Reverse spool

Reverse spool

Reverse spool

Reverse spool

4 port

Reverse spool

Reverse spool

MST MID #

MST-04MH00-C0050U
MST-04MH00-C0O100U
MST-04MHO00-C0150U
MST-04MH00-C0200U
MST-04MHO00-C0250U
MST-04MH00-C0500U
MST-04MH00-C0750U
MST-04MH00-C1000U
MST-04MHO00-C1250U
MST-04MHO00-C1500U
MST-04MH00-C2000U

NOVUX HST MID # without | NOVUX HST MID # with

Universal Mounting Bracket | Universal Mounting Bracket | Stub Length (ft) Options
HST-B4HNBOO50NNOOO HST-B4HNBOO50NUO00 50
HST-B4HNBO10ONNOO1 HST-B4HNBO100NUOO1 100
HST-B4HNBO100NNOOO HST-B4HNBO100NUO0OO 100
HST-B4HNBO150NNO0OO HST-B4HNBO150NUO00 150
HST-B4HNBO20ONNOOO HST-B4HNB0200ONUO0O 200
HST-B4HNBO250NNOO1 HST-B4HNB0250NU0O01 250
HST-B4HNB0250NNO0OO HST-B4HNB0250NUO00 250
HST-B4HNBO500NNOO1 HST-B4HNBO500NUOO1 500
HST-B4HNBO500NNOOO HST-B4HNBO500NUO00O 500
HST-B4HNBO750NNOO1 HST-B4HNBO750NU001 750
HST-B4HNBO750NN0O0O HST-B4HNBO750NU000 750
HST-B4HNB1000NNOO1 HST-B4HNB1000NU001 1000
HST-B4HNB1000NNO0OO HST-B4HNB1000NU000 1000
HST-B4HNB1250NNO0O1 HST-B4HNB1250NU001 1250
HST-B4HNB1250NN0O0O HST-B4HNB1250NU000 1250
HST-B4HNB1500NNOO1 HST-B4HNB1500NU001 1500
HST-B4HNB1500NN0O0O HST-B4HNB1500NU000 1500
HST-B4HNB1750NN0O00O HST-B4HNB1750NU000 1750
HST-B4HNB200OONNOOO HST-B4HNB200ONU000 2000
NOVUXHST MID # without | NOVUX HST MID # with

Universal Mounting Bracket | Universal Mounting Bracket
HST-B4HNCO050NNO0O HST-B4HNCO050NUO000 50
HST-B4HNCO100NNOOO HST-B4HNCO100NUO00 100
HST-B4HNCO150NNO0OO HST-B4HNCO150NUO00 150
HST-B4HNC0200NNOOO HST-B4HNC0200NUO00 200
HST-B4HNC0250NNO0O HST-B4HNC0250NU000 250
HST-B4HNCO500NNO0OO HST-B4HNCO500NUO00 500
HST-B4HNCO750NNO0O HST-B4HNCO0750NUO00 750
HST-B4HNC1000NNOOO HST-B4HNC1000NUO00 1000
HST-B4HNC1250NNO0O HST-B4HNC1250NUO00 1250
HST-B4HNC1500NNO0OO HST-B4HNC1500NUO00 1500
HST-B4HNC2000NNOOO HST-B4HNC2000NUO00 2000

Length (ft)

Options

L port splitter

NOVUXHST MID # without | NOVUXHST MID # with Flat Dielectric Stub

MST MID #

Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options

MST-ONRHO0-A0500A HST-B4HBAO500NNOO1 HST-B4HBAO500NUOO1 500 Reverse spool
MST-ONRHH0-A1500U HST-B4HBA1500FNOOO HST-B4HBA1500FUO00 1500 HMFOC Stub
MST-ONRHO0-NOOOOU HST-B4HBOOOOOHNOOO HST-B4HBO0O0O0OHUO00 0 Stubless

4 port splitter
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NOVUX hardened terminals, single-fiber

Medium (5 to 8 ports): 7.6x6.2x3.2 in (192x157x80 mm)

6 port

Flat Dielectric Stub

MSTMID #

MST-06MH00-A0050U

MST-06MH00-A0100U
MST-06MH00-A0050UM
MST-06MH00-A0200U
MST-06MH00-A0250U
MST-06MH00-A0100UM
MST-06MH00-A0500A
MST-06MH00-A0500U
MST-06MH00-A0150UM
MST-06MH00-A0200UM
MST-06MHO00-A0750A
MST-06MH00-A0750U
MST-06MHO00-A0250UM
MST-06MH00-A0300UM
MST-06MHO00-AT000A
MST-06MHO00-A1000U
MST-06MHO00-A1250U
MST-06MHO00-A1500A
MST-06MHO00-A1500U
MST-06MHO00-A2000U
MST-06RH00-A0100U
MST-06RH00-A0200U
MST-06RH00-A0500U
MST-06RH00-A1000U

MST MID #

MST-06MH00-B0050U
MST-06MHO00-B0 100U
MST-06MH00-B0200U
MST-06MHO00-B0250U
MST-06MH00-BO500A
MST-06MH00-B0500U
MST-06MH00-B0750A
MST-06MH00-B0750U
MST-06MHO00-B1000A
MST-06MHO00-B1000U
MST-06MHO00-B1250U
MST-06MHO00-B1500U
MST-06MH00-82000U
MST-06RH00-B0050U
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NOVUX HST MID # without | NOVUX HST MID # with

Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
HST-B6HNAOO50NNOOO HST-B6GHNAOO50NUO00 50
HST-B6HNAO100NNOOO HST-B6GHNAO100NUO0O 100
HST-B6HNAO165NNO0O HST-B6HNAO165NU000 165
HST-B6HNAO200NNOOO HST-B6HNA0200NUO00 200
HST-B6HNAO0250NNO0O HST-B6HNA0250NUO00 250
HST-B4HNA1250NN0O1 HST-B4HNA1250NU001 330
HST-B6HNAO500NNOO1 HST-B6HNAO500NUO01 500
HST-B6HNAO500NNOOO HST-B6GHNAO500NUO00 500
HST-B6HNAO500NNOOO HST-B6HNAO500NUO00 500
HST-B6HNAO650NNOOO HST-B6HNAO650NUO00 650
HST-B6HNAO750NN00O1 HST-BEHNAO750NU001 750
HST-B6HNAO750NNO0OO HST-BEHNAO750NU000 750
HST-B6HNA082 1NN00O HST-BEHNA082 1NU000 821
HST-B6HNAO985NNO0O HST-BEHNA0985NU000 985
HST-B6HNA1T000NNOO1 HST-BEHNA1000NU0O1 1000
HST-B6HNA1T000NNOOO HST-BEHNA1000NU000 1000
HST-B6HNA1250NN000 HST-BEHNA1250NU000 1200
HST-B6HNA1500NN00O1 HST-BEHNA1500NU001 1500
HST-B6HNA1500NN0O00O HST-BEHNA1500NU000 1500
HST-B6HNA2000NNO0O HST-BEHNA2000NU000 2000
HST-B6HNAOT00ONNOOO HST-BEHNAOT00ONU0O00 100
HST-B6HNA0200NN0O0O HST-BEHNA0200NU000 200
HST-B6HNAO500NNO0O HST-BEHNAO500NU000 500
HST-B6HNA1T000NNOOO HST-BEHNA1000NU000 1000
NOVUXHST MID # without | NOVUX HST MID # with

Universal Mounting Bracket | Universal Mounting Bracket
HST-B6HNBOO50NNOOO HST-B6HNBOO50NUO00 50
HST-B6HNBO100NNOOO HST-B6HNBO100NUO00O 100
HST-B6HNBO200ONNOOO HST-B6HNB0200NUO00 200
HST-B6HNBO250NNO0OO HST-B6HNB0250NUO00 250
HST-B6HNBO500NNOO1 HST-B6HNBO500NU0O1 500
HST-B6HNBO500NNOOO HST-B6HNBO500NUO00 500
HST-B6HNBO750NNO0O1 HST-B6HNBO750NU001 750
HST-B6HNBO750NNO0OO HST-B6HNBO750NUO00 750
HST-B6HNB1000NNOO1 HST-B6HNB1000NU0O1 1000
HST-B6HNB1000NNOOO HST-B6HNB 1000NUO00O 1000
HST-B6HNB1250NNO0OO HST-B6HNB1250NUO00 1250
HST-B6HNB1500NNO0OO HST-B6HNB 1500NUO00 1500
HST-B6HNB200ONNOOO HST-B6HNB2000ONUO00 2000
HST-B6HNBOO50NNOOO HST-B6GHNBOO50NUO00 50

Flat Dielectric Toneable

Stub Length (ft)

Reverse spool

6 port

Reverse spool

Reverse spool

Reverse spool

Reverse spool

Reverse spool

Reverse spool
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NOVUX hardened terminals, single-fiber

6 port (continued)

NOVUXHST MID # without

NOVUX HST MID # with Flat Dielectric Toneable

MSTMID # Universal Mounting Bracket | Universal Mounting Bracket | Stub Length (ft) Options
MST-06RHO00-BO100U HST-B6HNBO100NNOOO HST-B6HNBO100NUO0O 100

MST-06RH00-B0200U HST-B6HNBO200ONNOOO HST-B6HNB0200NUO00 200

MST-06RH00-B0250U HST-B6HNBO250NNO0OO HST-B6HNB0250NUO00 250

MST-06RHO0-BO500U HST-B6HNBO500NNOOO HST-B6GHNBO500NUO00 500

MST-06RH00-BO750U HST-B6HNBO750NNO0OO HST-B6HNBO750NUO00 750

MST-06RHO0-B1000U HST-B6HNB1000NNOOO HST-B6HNB 1000NUO00O 1000

MST-06RH00-B1250U HST-B6HNB1250NNO0OO HST-B6HNB1250NU000 1250

MST-06RH00-B1500U HST-B6HNB1500NNO0OO HST-B6HNB 1500NUO00 1500

NOVUXHST MID # without | NOVUX HST MID # with Armored Stub
MSTMID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
MST-06MHO00-C0050U HST-B6HNCO050NNO0O HST-B6GHNCO050NU000 50 6 pOI’t
MST-06MHO0-C0O100U HST-B6HNCO100NNOOO HST-B6HNCO100NUO00 100
MST-06MHO00-C0200U HST-B6HNC0200NNO0O HST-B6GHNC0200NUO00 200
MST-06MHO00-C0250U HST-B6HNC0250NN000 HST-B6HNC0250NU000 250
MST-06MHO00-C0500U HST-B6HNCO500NNO0OO HST-B6GHNCO500NUO00 500
MST-06MHO00-C0750U HST-B6HNCO750NNO0O HST-B6HNCO0750NU000 750
MST-06MHO00-C1000U HST-B6HNC 1000NNOOO HST-B6HNC1000NUO00 1000
MST-06MHO00-C1500U HST-B6HNC 1500NNO0O HST-B6HNC1500NUO00 1500
MST-06MHO00-C2000U HST-B6HNC2000NNO0OO HST-B6GHNC2000NUO00 2000

8 port

MST MID #

NOVUXHST MID # without

Universal Mounting Bracket

NOVUX HST MID # with
Universal Mounting Bracket

Flat Dielectric Stub
Length (ft)

MST-08MH00-A0050U HST-BBHNAOO50NNOOO HST-BBHNAOO50NU0O00

MST-08MH00-A0 100U HST-BBHNAO100ONNOOO HST-BBHNAO100NUO00 100

MST-08MHO00-A0 150U HST-B8HNAO150NNO0O HST-BBHNAO150NU000 150

MST-06MH00-A0050UM = HST-B6HNAO165NNOOO HST-B6HNAO165NU000 165

MST-08MH00-A0200U HST-BBHNAO200NNOOO HST-BBHNA0200NU0O00 200

MST-08MH00-A0250A  HST-BSHNAO250NN0O1 HST-BBHNA0250NU001 250 Reverse spool
MST-08MH00-A0250U HST-B8BHNA0250NNO0O HST-BBHNA0250NU000 250

MST-08MH00-A0100UM = HST-BSHNAO330NNOOO HST-BBHNA0330NU0O00 330

MST-08MH00-A0350U HST-BBHNAO350NNO0O HST-BBHNAO350NU000 350

MST-08MH00-AO0500A  HST-BSHNAO500NNOO1 HST-BBHNAO500NUOO01 500 Reverse spool 8 port
MST-08MH00-A0500U HST-BBHNAO500NNOOO HST-BBHNAO500NUO00 500

MST-08MH00-A0150UM = HST-BSHNAO500NNOOO HST-BBHNAO500NUO00 500

MST-08MH00-A0200UM = HST-B8HNAO650NNOOO HST-BBHNAO650NUO00 650

MST-08MH00-A0750A  HST-BSHNAO750NN00O1 HST-BBHNAO750NU001 750 Reverse spool
MST-08MH00-A0250UM  HST-BSHNAO82 1TNNOOO HST-BBHNA082 TNUO0O 821

MST-08MH00-A0300UM = HST-BSHNAO985NNOOO HST-BBHNA0985NU0O00 985

MST-08MH00-AT000A  HST-BSHNATO000NNOO1 HST-BBHNA1000NUOO1 1000 Reverse spool
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NOVUX hardened terminals, single-fiber

8 port (continued)

MSTMID #
MST-08MH00-A1000U

MST-08MHO00-A1500A
MST-08MH00-A1500U
MST-08MH00-A2000U

MST MID #

MST-08MHO00-B0050U
MST-08MHO00-B0 100U
MST-08MH00-B0200U
MST-08MHO00-B0250U
MST-08MH00-B0500U
MST-08MHO00-B0750U
MST-08MHO00-B1000A
MST-08MHO00-B1000U
MST-08MHO00-B1500A
MST-08MHO00-B1500U
MST-08MH00-82000U
MST-08RH00-B0O050U
MST-08RH00-B0 100U
MST-08RH00-B0200U
MST-08RH00-A0250U
MST-08RH00-B0500U
MST-08RH00-B0750U
MST-08RH00-B1000U
MST-08RH00-B2000U

NOVUX HST MID # without
Universal Mounting Bracket

HST-BBHNATO0ONNOOO
HST-BBHNAT500NNOO1
HST-BBHNAT500NNO0OO
HST-BBHNA2000NNOOO

NOVUXHST MID # without
Universal Mounting Bracket

HST-BBHNBOO50NNOOO
HST-B8HNBO100NNOOO
HST-B8HNBO200ONNOOO
HST-B8HNBO250NNO0OO
HST-BBHNBO500NNOOO
HST-B8HNBO750NNO0OO
HST-B8HNB1000NNOO1

HST-B8HNB1000NNOOO
HST-B8HNB1500NNOO1

HST-B8HNB1500NNO0OO
HST-B8HNB200ONNOOO
HST-B8BHNBOO50NNOOO
HST-B8HNBO100NNOOO
HST-B8HNBO200ONNOOO
HST-B8BHNA0250NNO0O
HST-B8BHNBO500NNOOO
HST-B8HNBO750NNO0OO
HST-B8HNB1000NNOOO
HST-B8HNB200OONNOOO

NOVUX HST MID # withoout

NOVUX HST MID # with
Universal Mounting Bracket

HST-BEHNA1000NUO00
HST-BBHNA1500NUO01
HST-BBHNA1500NUO00
HST-BEHNA2000NU0O00

NOVUX HST MID # with
Universal Mounting Bracket

HST-BBHNBOO50NU000
HST-B8HNBO100NU0O00O
HST-BBHNB0200ONUO00
HST-B8HNB0250NU0O00
HST-BEHNBO500NUO00
HST-BBHNBO750NU0C00
HST-B8HNB1000NUOO1

HST-B8HNB1000NU0O00
HST-B8HNB1500NUOO1

HST-B8HNB1500NU0C00
HST-B8HNB200ONUO00
HST-BEHNBOO50NUO00
HST-B8HNBO100NU0O0O
HST-BBHNB0200ONUO00
HST-BBHNA0250NU000
HST-BBHNBO500NUO00
HST-B8HNBO750NU0C00
HST-B8HNB1000NU0O00
HST-BEHNB200ONUO00

NOVUXHST MID # with

Flat Dielectric Stub
Length (ft)

1000

Options

1500 Reverse spool
1500
2000

Flat Dielectric Toneable
Stub Length (ft)

50

Options

100
200

250

8 port

500

750

1000 Reverse spool
1000

1500 Reverse spool
1500

2000

50

100

200

250

500

750

1000

2000

Armored Stub

MSTMID #

MST-08MHO00-C0050U
MST-08MHO00-C0100U
MST-08MH00-C0200U
MST-08MH00-C0250U
MST-08MH00-C0750U
MST-08MHO00-C1000U
MST-08MHO00-C1500U
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Universal Mounting Bracket

HST-BEHNCOO50NN00O
HST-BEHNCO100NNO0O
HST-BBHNC0200NNO0OO
HST-BBHNC0250NNO00
HST-B8HNC0750NNO00
HST-B8HNC 1000NNO0OO
HST-B8HNC 1500NNO0O

Universal Mounting Bracket

HST-B8HNCO050NU000
HST-B8HNCO100NUO0O
HST-BBHNC0200NU000
HST-BBHNC0250NU000
HST-BBHNC0750NU000
HST-BBHNC 1000NU0O00
HST-B8BHNC 1500NU000

Length (ft)
50

Options

100
200
250
750
1000
1500
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NOVUX hardened terminals, single-fiber

8 port splitter

Flat Dielectric Stub

MST MID #

MST-0JRHO0-A0050U

MST-0JRHO0-A0100U
MST-0JRHO0-A0050UM
MST-0JRHO0-A0250U
MST-0JRHO0-A0100UM
MST-0JRHO0-A0500U
MST-0JRHO0-A0150UM
MST-0JRHO0-A0200UM
MST-0JRHO0-A0750U
MST-0JRHO0-A0250UM
MST-0JRHOO-A0300UM
MST-0JRHO0-A1000U
MST-0JRHO0-A0350UM
MST-0JRHOO-A0400UM
MST-0JRHO0-A1500U
MST-0JRHOO-A0500UM
MST-0JRHOO-A0600UM
MST-0JRHHO-A0150U
MST-0JRHHO-A0010U
MST-0JRHO0-NOOOOU

12 NOVUX Hardened Terminals Ordering Guide

NOVUX HST MID # without | NOVUX HST MID # with

Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
HST-B8HCAOO050NNOOO HST-B8HCAO050NUO00 50
HST-B8HCAO100NNOOO HST-B8HCAO100NUO0O 100
HST-B8HCAOQ165NNO0O HST-B8HCAO165NU000 165
HST-B8HCAO0250NN0O0O HST-B8HCA0250NUO00 250
HST-B8HCAO0330NNOOO HST-B8HCA0330NUO00 330
HST-B8HCAO500NNOOO HST-B8HCAO500NUO00 500
HST-B8HCAO500NNOOO HST-B8HCAO500NUO00 500
HST-B8HCA0650NNOOO HST-B8HCA0650NUO00 650
HST-B8HCA0750NN0O00 HST-B8HCA0750NU000 750
HST-B8HCA082 1NNOOO HST-B8HCA0821NUO00 821
HST-B8HCA0985NN0O00 HST-B8HCA0985NU000 985
HST-B8HCA1000NNOOO HST-B8HCA1000NU000 1000
HST-B8HCA1150NN0O00 HST-B8HCA1150NU000 1150
HST-B8HCA1300NN0O0O HST-B8HCA1300NU000 1300
HST-B8HCA1500NN0O00 HST-B8HCA1500NU000 1500
HST-B8HCA1642NN000 HST-B8HCA1642NU000 1642
HST-B8HCA2000NNO0O HST-B8HCA2000NU000 2000
HST-B8HCAO150FNO0O HST-B8HCAO150FU000 150
HST-B8HCAO0010FNO0O HST-B8HCAO0010FU000 10
HST-B8HCOO000HNOOO HST-B8HCO0000HU000 0

8 port splitter — stubless
(stub options available)

HMFOC Stub
HMFOC Stub

Stubless
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NOVUX hardened terminals, single-fiber

Large (9 to 12 ports): 10.1x6.2x3.2 in (257x157x80 mm)

12 port

MSTMID #
MST-12MH00-A0050A

MST-12MH00-A0050U
MST-12MH00-A0 100U
MST-12MH00-A0200U
MST-12MH00-A0250U
MST-12MH00-A0500A
MST-12MH00-A0500U
MST-12MH00-A0750U
MST-12MH00-AT000A
MST-12MH00-A1000U
MST-12MHO00-A1500A
MST-12MH00-A1500U
MST-12MH00-A2000U
MST-12RH00-A0050U
MST-12RH00-A0100U
MST-12RH00-A0050UM
MST-12RH00-A0200U
MST-12RH00-A0250U
MST-12RH00-A0100UM
MST-12RHO0-A0500A
MST-12RH00-A0500U
MST-12RH00-A0150UM
MST-12RH00-A0200UM
MST-12RH00-A0750U
MST-12RH00-A0250UM
MST-12RH00-A0300UM
MST-12RHO0-AT000A
MST-12RH00-A1000U
MST-12RH00-A1500U
MST-12RH00-A2000U

MST MID #

NOVUX HST MID # without
Universal Mounting Bracket

HST-BCHNAOOS50NNOO1
HST-BCHNAOO50NNOOO
HST-BCHNAO100NNO0OO
HST-BCHNA0200NNO0OO
HST-BCHNA0250NNO0O
HST-BCHNAO500NNOOQ1
HST-BCHNAO500NNOOO
HST-BCHNAO750NNO0O
HST-BCHNAT000NNOO1
HST-BCHNAT000ONNOOO
HST-BCHNA1500NN001
HST-BCHNA1500NNO0O
HST-BCHNA2000NNOOO
HST-BCHNAOO50NNOOO
HST-BCHNAO100NNOOO
HST-BCHNAO165NNO0O
HST-BCHNA0200NNOOO
HST-BCHNA0250NN00O
HST-BCHNAO330NNO0O
HST-BCHNAO500NNOO1
HST-BCHNAO500NNO0O
HST-BCHNAO500NNOOO
HST-BCHNAO650NNO0O
HST-BCHNAO750NN00O
HST-BCHNAO82 TNN00O
HST-BCHNAO985NN00O
HST-BCHNATOOONNOO1
HST-BCHNAT00ONNOOO
HST-BCHNAT500NNO0O
HST-BCHNA2000NNOOO

NOVUXHST MID # without

Universal Mounting Bracket

NOVUX HST MID # with
Universal Mounting Bracket

HST-BCHNAOO50NUO0O01
HST-BCHNAOO50NU000
HST-BCHNAO100NU0O00
HST-BCHNA0200NU000
HST-BCHNA0250NU000
HST-BCHNAO500NUOQO01
HST-BCHNAO500NU000
HST-BCHNAO750NU000
HST-BCHNA1000NUOO1
HST-BCHNA1000NU0O00
HST-BCHNA1500NU001
HST-BCHNA1500NU000
HST-BCHNA2000NUO00
HST-BCHNAOO50NUO00
HST-BCHNAOT00NUO0O
HST-BCHNAO165NU000
HST-BCHNA0200NU000
HST-BCHNA0250NU000
HST-BCHNAO330NU000
HST-BCHNAO500NUO001
HST-BCHNAO500NU000
HST-BCHNAO500NUO00
HST-BCHNAO650NU000
HST-BCHNAO750NU000
HST-BCHNAO82 TNU000
HST-BCHNAO985NU000
HST-BCHNAT000NUOO1
HST-BCHNAT000NU0O00
HST-BCHNA1500NU000
HST-BCHNA2000NU000

NOVUX HST MID # with
Universal Mounting Bracket

Flat Dielectric Stub
Length (ft)

50
50
100
200
250
500
500
750
1000
1000
1500
1500
2000
50
100
165
200
250
330
500
500
500
650
750
821
985
1000
1000
1500
2000

Flat Dielectric Toneable
Stub Length (ft)

Options

Reverse spool

Reverse spool

Reverse spool

Reverse spool

12 port

Reverse spool

Reverse spool

MST-12MH00-B0050U
MST-12MHO00-B0100A
MST-12MHO00-B0 100U
MST-12MH00-B0200U
MST-12MHO00-B0250A
MST-12MH00-B0250U
MST-12MHO00-BO500A
MST-12MHO00-B0500U
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HST-BCHNBOO50NNOOO
HST-BCHNBO1OONNOO1
HST-BCHNBO100NNOOO
HST-BCHNBO200NNOOO
HST-BCHNBO250NNOO1
HST-BCHNBO0250NNOOO
HST-BCHNBO500NNOO1
HST-BCHNBO500NNOOO

HST-BCHNBOO50NUO00
HST-BCHNBO100NUOO1
HST-BCHNBO100NUO00
HST-BCHNB0200ONUO00
HST-BCHNB0250NUO001
HST-BCHNB0250NU0O00
HST-BCHNBO500NUOQO1
HST-BCHNBO500NUO00

50

100
100
200
250
250
500
500

Reverse spool

Reverse spool

Reverse spool
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NOVUX hardened terminals, single-fiber

12 port (continued)

NOVUX HST MID # without | NOVUX HST MID # with Flat Dielectric Toneable
MSTMID # Universal Mounting Bracket | Universal Mounting Bracket | Stub Length (ft) Options
MST-12MHO00-BO750A HST-BCHNBO750NNOO1 HST-BCHNBO750NU001 750 Reverse spool
MST-12MH00-B0750U HST-BCHNBO750NNO0OO HST-BCHNBO750NUO00 750
MST-12MHO00-B1000A HST-BCHNB1000NNOO1 HST-BCHNB1000NUOO1 1000 Reverse spool
MST-12MHO00-B1000U HST-BCHNB1000NNOOO HST-BCHNB1000NUO00 1000
MST-12MH00-B1200U HST-BCHNB1200NNOOO HST-BCHNB1200NUO00 1200
MST-12MH00-B1250U HST-BCHNB1250NNO0O HST-BCHNB1250NU000 1250
MST-12MHO00-B1500A HST-BCHNB1500NNOO1 HST-BCHNB1500NU001 1500 Reverse spool
MST-12MHO00-B1500U HST-BCHNB1500NNOQOO HST-BCHNB1500NUO00 1500
MST-12MH00-B1750U HST-BCHNB1750NNO0O HST-BCHNB1750NUO00 1750
MST-12MHO00-B2000U HST-BCHNB200OONNOQOO HST-BCHNB200ONUO00 2000
MST-12RH00-BO050U HST-BCHNBOO50NNO0OO HST-BCHNBOO50NU000 50
MST-12RH00-BO100U HST-BCHNBO100NNOQOO HST-BCHNBO100NU00O 100 12 pOI’T
MST-12RH00-B0200U HST-BCHNB020ONNOOO HST-BCHNB0200ONU000 200
MST-12RH00-B0250U HST-BCHNBO250NNO0OO HST-BCHNB0250NU000 250
MST-12RH00-BO500U HST-BCHNBO500NNOOO HST-BCHNBO500NU000 500
MST-12RH00-B0750U HST-BCHNBO750NN0O0O HST-BCHNBO750NU000 750
MST-12RH00-B1000U HST-BCHNB1000NN0OOO HST-BCHNB1000NU000 1000
MST-12RH00-B1250U HST-BCHNB1250NN000O HST-BCHNB1250NU000 1250
MST-12RH00-B1500U HST-BCHNB1500NN00O HST-BCHNB1500NU000 1500
MST-12RH00-B2000U HST-BCHNB200ONNOOO HST-BCHNB200ONU000 2000

12 port multi-use, 1:8 splitter + 4 PtP

NOVUX HST MID # without | NOVUX HST MID # with Flat Dielectric Stub

MSTMID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
MST-M8RHO00-A0050UM | HST-BCHJAOT65NN0O0O HST-BCHJAO165NUO00O 165
MST-M8RHO00-A0100UM | HST-BCHJAO0330NNOOO HST-BCHJA0330NUOOO 330
MST-M8RHO00-A0150UM | HST-BCHJAO500NNOOO HST-BCHJAO500NUOOO 500
MST-M8RH00-A0200UM | HST-BCHJAO650NNOOO HST-BCHJA0650NUO00 650
MST-M8RHO00-A0250UM | HST-BCHJA082 TNN0OOO HST-BCHJA082 TNUOOO 821
MST-M8RHO00-A0300UM | HST-BCHJAO985NNO0O HST-BCHJA0985NU0O00 985
MST-M8RHO00-A0350UM | HST-BCHJA1150NN0OOO HST-BCHJA1150NUO0O 1150
MST-M8RHO00-A0400UM | HST-BCHJA1300NNOOO HST-BCHJA1300NUOOO 1300
MST-M8RH00-A0500UM | HST-BCHJA1500NNOOO HST-BCHJA1500NUOOO 1500
MST-M8RH00-A0600UM | HST-BCHJA2000NNOOO HST-BCHJA2000NUOOO 2000
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12 port multi-use
with 1:8 splitter
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NOVUX hardened terminals, single-fiber

Common drop cables for use with HT terminals

FHD drop cables: hardened connector to SC/APC

Description Cable Stub Length (ft) Part Number
25’ FHD-HJ1A-0025F
50’ FHD-HJ1A-0050F
100’ FHD-HJ1A-0100F
120 FHD-HJ1A-0120F
150" FHD-HJ1A-0150F
200" FHD-HJ1A-0200F
250" FHD-HJ1A-0250F

Flat Dielectric Cable 300’ FHD-HJ1A-0300F
350’ FHD-HJ1A-0350F
400" FHD-HJ1A-0400F
500" FHD-HJ1A-0500F
1000’ FHD-HJ1A-1000F
1500’ FHD-HJ1A-1500F
2000’ FHD-HJ1A-2000F
2500’ FHD-HJ1A-2500F
25 FHD-HJ1B-0025F
50 FHD-HJ1B-0050F
100 FHD-HJ1B-0100F
120 FHD-HJ1B-0120F
150 FHD-HJ1B-0150F
200" FHD-HJ1B-0200F
250" FHD-HJ1B-0250F

EI::)l:ocatableﬁoneable 300° FHD-HJ1B-0300F
350' FHD-HJ1B-0350F
400’ FHD-HJ1B-0400F
500° FHD-HJ1B-0500F
1000’ FHD-HJ1B-1000F
1500’ FHD-HJ1B-1500F
2000’ FHD-HJ1B-2000F
2500’ FHD-HJ1B-2500F
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NOVUX hardened terminals, fiber indexing

Housing color
Black, RAL 9005
Gray, RAL 7035

Number of ports

2 port
n 3 port
n 4 port
n 5 port
n 6 port
7 port
n 8 port
“ 9 port
10 port
~ . 11port
12 port

Adapter type

Full-size

HMFOC jack
(male/pinned)
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Cable type

Flat dielectric
n Flat toneable 12f

— Configuration index

12f index only with
1f reverse

12f 1:4 splitter

12f 1:4 splitter with
reverse

12f 1:8 splitter

12f 1:8 splitter with
reverse

12f branching 2f

12f branching 3f

12f branching 4f

12f branching 5f

12f branching 6f

12f index only 2f

12f multi-use 2f

12f multi-use 3f

12f multi-use 4f

12f multi-use 2f + 1:4
12f multi-use 3f + 1:4
12f multi-use 4f + 1:4
12f multi-use 2f + 1:8
24f multi-use 2f

24f multi-use 3f

24f multi-use 4f

HxT-[ ] OO0 D000 OO CE

Customization

m Standard (stub first)

Plastic spool (stub first)

—— Accessories

“ No accessories
Universal bracket
Strand bracket

n Universal cable bracket

Stub end

HMFOC plug
(female/no pin)

-

Cable length
(1[)pI0 20 ft, 6m
W08 50 ft, 15 m
ORI 100 ft, 30 m
WNES(0R 150 ft, 45 m
P[0 200 ft, 60 m
WpE{i 250 ft, 76 m
WE{O[ 300 ft, 91 m
WEE{E 350 ft, 106 m
WZ[ES 400 ft, 121 m
WS 400 ft, 137 m
WE[0RS 500 ft, 152 m
WE00R 600 ft, 182 m
Wy 750 ft, 228 m
1000 ft, 304 m
(PE{IRS 1250 ft, 381 m
(088 1500 ft, 457 m
(WA 1750 ft, 533 m
Z0[0[0 2000 ft, 609 m

Contact your CommScope representative

for configuration availability.
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NOVUX hardened terminals, fiber indexing

Small (2 to & ports): 7.6x3.7x3.9 in (192x94x98 mm)
2 port 12F branching

NOVUX HXT MID # without | NOVUX HXT MID # with Flat Dielectric Stub
Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options

NDXMID #

NDX-B2BHMOU-A0020F = HXT-B2MFA0020FNO0OO HXT-B2ZMFA0020FU000 20 Branching, 2F
NDX-B2BHMOU-AQ050F = HXT-B2MFA0050FNO0O HXT-B2ZMFA0050FU000 50 Branching, 2F
NDX-B2BHMOU-A0100F = HXT-B2MFAO0100FNOOO HXT-B2ZMFAO0100FU000 100 Branching, 2F
NDX-B2BHMOU-A0150F = HXT-B2MFA0150FNO0O HXT-B2ZMFA0150FU000 150 Branching, 2F
NDX-B2BHMOU-A0200F = HXT-B2MFA0200FNO0O HXT-B2ZMFA0200FU000 200 Branching, 2F
NDX-B2BHMOU-A0250F = HXT-B2MFA0250FNO0O HXT-B2ZMFA0250FU000 250 Branching, 2F
NDX-B2BHMOU-A0350F = HXT-B2MFA0350FNO0O HXT-B2ZMFA0350FU000 350 Branching, 2F
NDX-B2BHMOU-A0450F = HXT-B2MFA0450FNO0O HXT-B2ZMFA0450FU000 450 Branching, 2F
NDX-B2BHMOU-A0500F =~ HXT-B2MFA0500FNO0O HXT-B2ZMFA0500FU000 500 Branching, 2F
NDX-B2BHMOU-A0600F = HXT-B2MFAO0600FNO0O HXT-B2ZMFA0600FU000 600 Branching, 2F
NDX-B2BHMOU-A0750F = HXT-B2MFA0750FNO0O HXT-B2ZMFA0750FU000 750 Branching, 2F 2 port 12F
NDX-B2BHMOU-AT000F = HXT-B2MFA1000FNOOO HXT-B2ZMFA1000FU000 1000 Branching, 2F
NDX-B2BHMOU-A1250F = HXT-B2MFA1250FNO0O HXT-B2ZMFA1250FU000 1250 Branching, 2F
NDX-B2BHMOU-A1500F = HXT-B2MFA1500FNO0O HXT-B2ZMFA1500FU000 1500 Branching, 2F
NDX-B2BHMOU-A1750F = HXT-B2MFA1750FNO0O HXT-B2ZMFA1750FU000 1750 Branching, 2F
NDX-B2BHMOU-A2000F = HXT-B2MFA2000FNO0O HXT-B2ZMFA2000FU000 2000 Branching, 2F
NDX-B2BHMOU-A0020F = HXT-B2MGA0020FNOOO HXT-B2MGA0020FU000 20 Branching, 3F
NDX-B3BHMOU-AQ050F | HXT-B2MGA0050FNOOO HXT-B2MGA0050FU000 50 Branching, 3F
NDX-B3BHMOU-A0100F = HXT-B2MGAO100FNOOO HXT-B2MGAO0100FU000 100 Branching, 3F
NDX-B3BHMOU-AQ150F = HXT-B2MGAQ150FNO0OO HXT-B2MGA0150FU000 150 Branching, 3F
NDX-B3BHMOU-A0200F = HXT-B2MGA0200FNOOO HXT-B2MGA0200FU000 200 Branching, 3F
NDX-B3BHMOU-A0250F | HXT-B2MGA0250FNO0OO HXT-B2MGA0250FU000 250 Branching, 3F
NDX-B3BHMOU-A0350F = HXT-B2MGA0350FNO0OO HXT-B2MGA0350FU000 350 Branching, 3F
NDX-B3BHMOU-A0450F | HXT-B2MGA0450FNO0OO HXT-B2MGA0450FU000 450 Branching, 3F
NDX-B3BHMOU-A0500F = HXT-B2MGAO0500FNOOO HXT-B2MGA0500FU000 500 Branching, 3F
NDX-B3BHMOU-A0600F | HXT-B2MGA0600FNO0OO HXT-B2MGA0600FU000 600 Branching, 3F
NDX-B3BHMOU-A0750F = HXT-B2MGA0750FNO0OO HXT-B2MGA0750FU000 750 Branching, 3F
NDX-B3BHMOU-AT000F = HXT-B2MGA1000FNO0O HXT-B2MGA1000FUO00 1000 Branching, 3F
NDX-B3BHMOU-A1250F = HXT-B2MGA1250FN000 HXT-B2MGA1250FU000 1250 Branching, 3F
NDX-B3BHMOU-A1500F = HXT-B2MGA1500FN000 HXT-B2MGA1500FU000 1500 Branching, 3F
NDX-B3BHMOU-A1750F = HXT-B2MGA1750FN000 HXT-B2MGA1750FU000 1750 Branching, 3F
NDX-B3BHMOU-A2000F = HXT-B2MGA2000FN00O HXT-B2MGA2000FU000 2000 Branching, 3F
NDX-B2BHMOU-A0020F = HXT-B2MHA0020FNO0O HXT-B2MHA0020FU000 20 Branching, 4F
NDX-B4BHMOU-AQ050F = HXT-B2MHAO050FNO0O HXT-B2MHAO050FU000 50 Branching, 4F
NDX-B4BHMOU-A0100F = HXT-B2MHAO0100FNOOO HXT-B2MHAOQ100FU000 100 Branching, 4F
NDX-B4BHMOU-A0150F = HXT-B2MHAO0150FNO0O HXT-B2MHAOQ150FU000 150 Branching, 4F
NDX-B4BHMOU-A0200F = HXT-B2MHA0200FNO0O HXT-B2MHA0200FU000 200 Branching, 4F
NDX-B4BHMOU-A0250F = HXT-B2MHA0250FNO0O HXT-B2MHA0250FU000 250 Branching, 4F
NDX-B4BHMOU-A0350F = HXT-B2MHA0350FNO0O HXT-B2MHAO0350FU000 350 Branching, 4F
NDX-B4BHMOU-A0450F = HXT-B2MHA0450FNO0O HXT-B2MHA0450FU000 450 Branching, 4F
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NOVUX hardened terminals, fiber indexing

2 port 12F branching (continued)

NOVUX HXT MID # without | NOVUX HXT MID # with Flat Dielectric Stub
Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options

NDXMID #

NDX-B4BHMOU-A0500F =~ HXT-B2MHAQ500FNOOO HXT-B2ZMHAO0500FU0O00 500 Branching, 4F
NDX-B4BHMOU-A0600F = HXT-B2MHAQ0600FNOOO HXT-B2ZMHA0600FU000 600 Branching, 4F
NDX-B4BHMOU-AQ750F =~ HXT-B2MHAQ750FNO0O HXT-B2ZMHAO0750FU000 750 Branching, 4F
NDX-B4BHMOU-A1000F = HXT-B2MHA1000FNOOO HXT-B2ZMHA1000FU000 1000 Branching, 4F
NDX-B4BHMOU-A1250F  HXT-B2MHA1250FNOOO HXT-B2ZMHA1250FU000 1250 Branching, 4F
NDX-B4BHMOU-A1500F = HXT-B2MHA1500FNOOO HXT-B2ZMHA1500FU000 1500 Branching, 4F
NDX-B4BHMOU-A1750F  HXT-B2MHA1750FNOOO HXT-B2ZMHA1750FU000 1750 Branching, 4F
NDX-B4BHMOU-A2000F = HXT-B2MHA2000FNOOO HXT-B2ZMHA2000FU000 2000 Branching, 4F
NDX-B2BHMOU-A0020F = HXT-B2MJA0020FNOOO HXT-B2MJA0020FUOC00 20 Branching, 5F
NDX-B5BHMOU-AQ050F | HXT-B2MJAOO50FNO0O HXT-B2MJA0050FUO00 50 Branching, 5F
NDX-B5BHMOU-A0100F = HXT-B2MJAO100FNOOO HXT-B2MJAO0100FUO00 100 Branching, 5F 2 port 12F
NDX-B5BHMOU-AQ150F | HXT-B2MJAO150FNO0O HXT-B2MJAO150FUO00 150 Branching, 5F
NDX-B5BHMOU-A0200F = HXT-B2MJA0200FNOOO HXT-B2MJA0200FUO00 200 Branching, 5F
NDX-B5BHMOU-A0250F = HXT-B2MJA0250FN00O HXT-B2MJA0250FUO00 250 Branching, 5F
NDX-B5BHMOU-A0350F = HXT-B2MJA0350FN00O HXT-B2MJA0350FUO00 350 Branching, 5F
NDX-B5BHMOU-A0450F = HXT-B2MJA0450FN00O HXT-B2MJA0450FUO00 450 Branching, 5F
NDX-B5BHMOU-A0500F = HXT-B2MJAO500FN00O HXT-B2MJA0500FUO00 500 Branching, 5F
NDX-B5BHMOU-A0600F = HXT-B2MJAO600FNOOO HXT-B2MJA0600FUO00 600 Branching, 5F
NDX-B5BHMOU-AQ750F = HXT-B2MJAO0750FNO0O HXT-B2MJAO0750FUO00 750 Branching, 5F
NDX-B5BHMOU-A1000F | HXT-B2MJA1T000FNOOO HXT-B2MJA1000FUO00 1000 Branching, 5F
NDX-B5BHMOU-A1250F = HXT-B2MJA1250FNO0O HXT-B2MJA1250FUO00 1250 Branching, 5F
NDX-B5BHMOU-A1500F = HXT-B2MJA1500FN00O HXT-B2MJA1500FUO00 1500 Branching, 5F
NDX-B5BHMOU-A1750F = HXT-B2MJA1750FNO0O HXT-B2MJA1750FUO00 1750 Branching, 5F
NDX-B5BHMOU-A2000F = HXT-B2MJA2000FNOOO HXT-B2MJA2000FUO00 2000 Branching, 5F
NDX-B2BHMOU-A0020F =~ HXT-B2MKAO0020FNO0O HXT-B2ZMKA0020FU000 20 Branching, 6F
NDX-B6BHMOU-AQ050F = HXT-B2MKAO050FNO0O HXT-B2ZMKAO050FUO00 50 Branching, 6F
NDX-B6BHMOU-A0100F = HXT-B2MKAO100FNOOO HXT-B2ZMKAQ100FUO0O 100 Branching, 6F
NDX-B6BHMOU-A0150F = HXT-B2MKAO150FNOOO HXT-B2MKA0150FUO00 150 Branching, 6F
NDX-B6BHMOU-A0200F = HXT-B2MKA0200FNOOO HXT-B2MKA0200FUO00 200 Branching, 6F
NDX-B6BHMOU-A0250F = HXT-B2MKAO0250FNOOO HXT-B2MKA0250FUO00 250 Branching, 6F
NDX-B6BHMOU-A0350F = HXT-B2MKAO350FN0OO HXT-B2MKA0350FUO00 350 Branching, 6F
NDX-B6BHMOU-A0450F = HXT-B2MKAO0450FNOOO HXT-B2MKA0450FUO00 450 Branching, 6F
NDX-B6BHMOU-AQ500F =~ HXT-B2MKAO500FNOOO HXT-B2MKA0500FUO00 500 Branching, 6F
NDX-B6BHMOU-A0600F = HXT-B2MKAO0600FNOOO HXT-B2MKA0600FUO00 600 Branching, 6F
NDX-B6BHMOU-AQ750F = HXT-B2MKAO750FNOOO HXT-B2MKA0750FUO00 750 Branching, 6F
NDX-B6BHMOU-A1000F = HXT-B2MKA1000FNOOO HXT-B2MKA1000FUO00 1000 Branching, 6F
NDX-B6BHMOU-A1250F = HXT-B2MKA1250FNOOO HXT-B2MKA1250FUO00 1250 Branching, 6F
NDX-B6BHMOU-A1500F = HXT-B2MKA1500FNOOO HXT-B2MKA1500FUO00 1500 Branching, 6F
NDX-B6BHMOU-A1750F = HXT-B2MKA1750FNOOO HXT-B2MKA1750FUO00 1750 Branching, 6F
NDX-B6BHMOU-A2000F = HXT-B2MKA2000FNOOO HXT-B2MKA2000FUO00 2000 Branching, 6F
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NOVUX hardened terminals, fiber indexing

3 port 12F index only with reverse

Flat Dielectric Stub

NOVUX HXT MID # without | NOVUX HXT MID # with

NDX MID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
NDX-DTHEMOU-AQ010F = HXT-B3HAA0020FNOOO HXT-B3HAA0020FUO00 20 Reverse
NDX-DTHEMOU-AQ050F | HXT-B3HAAO050FNOOO HXT-B3HAAOO050FUO00 50 Reverse
NDX-DTHEMOU-AQ100F = HXT-B3HAAO100FNOOO HXT-B3HAAO100FUO00 100 Reverse
NDX-DTHEMOU-AQ150F | HXT-B3HAAO150FNOOO HXT-B3HAAO150FUO00 150 Reverse
NDX-DTHEMOU-AQ0200F = HXT-B3HAA0200FNOOO HXT-B3HAA0200FUO00 200 Reverse
NDX-DTHEMOU-AQ0250F | HXT-B3HAA0250FNOOO HXT-B3HAA0250FU0O00 250 Reverse
NDX-DTHEMOU-AQ0350F = HXT-B3HAAO0350FNOOO HXT-B3HAA0350FU0O00 350 Reverse
NDX-DTHEMOU-AQ0450F | HXT-B3HAA0450FNOOO HXT-B3HAA0450FUO00 450 Reverse
NDX-DTHEMOU-AQ500F = HXT-B3HAAO0500FNOOO HXT-B3HAAO0500FUO00 500 Reverse
NDX-DTHEMOU-AQ600F | HXT-B3HAAO0600FNOOO HXT-B3HAAO0600FUO00 600 Reverse
NDX-DTHEMOU-AQ750F = HXT-B3HAAO0750FNOOO HXT-B3HAA0750FUO00 750 Reverse 3 pOI’t 12F
NDX-DTHEMOU-AT000F | HXT-B3HAA1000FNOOO HXT-B3HAAT000FUO00 1000 Reverse
NDX-DTHEMOU-A1250F = HXT-B3HAA1250FNOOO HXT-B3HAA1250FU0O00 1250 Reverse
NDX-DTHEMOU-A1500F | HXT-B3HAA1500FNOOO HXT-B3HAA1500FUO00 1500 Reverse
NDX-DTHEMOU-A1750F = HXT-B3HAA1750FNOOO HXT-B3HAA1750FUO00 1750 Reverse
NDX-DTHEMOU-A2000F | HXT-B3HAA2000FNOOO HXT-B3HAA2000FUO00 2000 Reverse
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NOVUX hardened terminals, fiber indexing

4 port 12F Index with 2F multi-use

NOVUX HXT MID # without | NOVUX HXT MID # with Flat Dielectric Stub
Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options

NDXMID #

NDX-D2BDMOU-A0010F = HXT-B4HMAQ020FNOOO HXT-B4HMA0020FU000 20 MU 2F/Reverse
NDX-D2BDMOU-A0050F = HXT-B4HMAOO50FNOOO HXT-B4HMAO050FU000 50 MU 2F/Reverse
NDX-D2BDMOU-A0100F = HXT-B4HMAQ100FNOOO HXT-B4HMAO100FU000 100 MU 2F/Reverse
NDX-D2BDMOU-A0150F = HXT-B4HMAQ150FNOOO HXT-B4HMAO150FU000 150 MU 2F/Reverse
NDX-D2BDMOU-A0200F = HXT-B4HMA0200FNOOO HXT-B4HMAO0200FU0O00 200 MU 2F/Reverse
NDX-D2BDMOU-A0250F = HXT-B4HMAQ0250FNOOO HXT-B4HMA0250FU000 250 MU 2F/Reverse
NDX-D2BDMOU-A0350F = HXT-B4HMAOQ350FNOOO HXT-B4HMA0350FU000 350 MU 2F/Reverse
NDX-D2BDMOU-A0450F = HXT-B4HMAQ450FNOOO HXT-B4HMA0450FU000 450 MU 2F/Reverse
NDX-D2BDMOU-A0500F = HXT-B4HMAQ500FNOOO HXT-B4HMAO500FUO00 500 MU 2F/Reverse
NDX-D2BDMOU-A0600F = HXT-B4HMAO600FNOOO HXT-B4HMAO0600FU000 600 MU 2F/Reverse
NDX-D2BDMOU-A0750F = HXT-B4HMAQ750FNOOO HXT-B4HMAO750FU000 750 MU 2F/Reverse 4 port 12F
HXT-B4HMA1000FNO0OO HXT-B4HMA1000FUO00 1000 MU 2F/Reverse
HXT-B4HMA1250FNO0O HXT-B4HMA1250FU000 1250 MU 2F/Reverse
HXT-B4HMA1500FNO0O HXT-B4HMA1500FU000 1500 MU 2F/Reverse
HXT-B4HMA1750FNO0O HXT-B4HMA1750FU000 1750 MU 2F/Reverse
HXT-B4HMA2000FNO0OO HXT-B4HMA2000FU000 2000 MU 2F/Reverse
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NOVUX hardened terminals, fiber indexing

Medium (5 to 8 ports): 7.6x6.2x3.9 in (192x157x98 mm)

5 port 12F index with 3F multi-use

NOVUX HXT MID # without | NOVUX HXT MID # with Flat Dielectric Stub
NDX MID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
NDX-D3BDMOU-AO0010F | HXT-B5HNAOO10FNOOO HXT-B5HNAOO1FU000 10 MU 3F/Reverse
NDX-D3BDMOU-AO050F | HXT-B5HNAOO50FNOOO HXT-B5SHNAOO50FU000 50 MU 3F/Reverse
NDX-D3BDMOU-AO0100F | HXT-B5HNAO100FNOOO HXT-B5SHNAO100FUO00 100 MU 3F/Reverse
NDX-D3BDMOU-AO0150F | HXT-B5HNAO150FNOOO HXT-B5SHNAO150FUO00 150 MU 3F/Reverse
NDX-D3BDMOU-A0200F | HXT-B5HNA0200FNOOO HXT-B5SHNA0200FU0O00 200 MU 3F/Reverse
NDX-D32BDMOU-A0250F | HXT-B5HNA0250FNO0O HXT-B5HNA0250FU000 250 MU 3F/Reverse
NDX-D3BDMOU-A0350F | HXT-B5HNAO350FNO0O HXT-BSHNAO350FU0O00 350 MU 3F/Reverse
NDX-D3BDMOU-A0450F | HXT-B5HNA0450FNOOO HXT-B5SHNA0450FU000 450 MU 3F/Reverse
NDX-D3BDMOU-AO0500F = HXT-B5HNAO500FNOOO HXT-BSHNAO500FU0O00 500 MU 3F/Reverse
NDX-D3BDMOU-A0600F | HXT-B5HNAO600FNOOO HXT-B5SHNAO600FUO00 600 MU 3F/Reverse
NDX-D3BDMOU-A0750F = HXT-B5HNAO750FNOOO HXT-B5SHNAO750FU000 750 MU 3F/Reverse 5 port 12F
HXT-BSHNATO00FNOOO HXT-B5SHNAT000FUO00 1000 MU 3F/Reverse
HXT-BSHNA1250FNO0OO HXT-B5HNA1250FU000 1250 MU 3F/Reverse
HXT-B5SHNAT500FNOOO HXT-B5SHNA1500FUO00 1500 MU 3F/Reverse
HXT-BSHNA1750FNO0O HXT-BSHNA1750FU000 1750 MU 3F/Reverse
HXT-BSHNA2000FNOOO HXT-BSHNA2000FUO00 2000 MU 3F/Reverse

6 port 12F index with &4F multi-use

NOVUX HXT MID # without | NOVUX HXT MID # with Flat Dielectric Stub

NDX MID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
HXT-B6HNAO020FNOOO HXT-B6GHNAO020FU000 20 MU 4F/Reverse

NDX-M4HCMOU-AQ050F  HXT-B6HPAOO50FNO0O HXT-B6HPAOO50FUO00 50 MU 4F/Reverse
HXT-B6HPAOT00FNOOO HXT-B6HPAO100FUO00 100 MU 4F/Reverse
HXT-B6HPAO150FNO0OO HXT-B6HPAO150FU000 150 MU 4F/Reverse
HXT-B6HPA0200FNOOO HXT-B6HPA0200FUO00 200 MU 4F/Reverse
HXT-B6HPA0250FNO0O HXT-B6HPA0250FU000 250 MU 4F/Reverse
HXT-B6HPAO350FNO0O HXT-B6HPAO350FU000 350 MU 4F/Reverse
HXT-B6HPA0450FNO0O HXT-B6HPA0450FU000 450 MU 4F/Reverse
HXT-B6HPAO500FNO0O HXT-B6HPAO500FU000 500 MU 4F/Reverse
HXT-B6HPAO600FNO0O HXT-B6HPAO600FUO00 600 MU 4F/Reverse
HXT-B6HPAO750FNO0O HXT-B6HPAO750FU000 750 MU 4F/Reverse 6 pOI’t 12F
HXT-B6HPA1000FNOOO HXT-B6HPA1000FU000 1000 MU 4F/Reverse
HXT-B6HPA1250FNO0O HXT-B6HPA1250FU000 1250 MU 4F/Reverse
HXT-B6HPA1500FNO0O HXT-B6HPA1500FUO00 1500 MU 4F/Reverse
HXT-B6HPA1750FNO0O HXT-B6HPA1750FU000 1750 MU 4F/Reverse
HXT-B6HPA2000FN0O0O HXT-B6HPA2000FUO00 2000 MU 4F/Reverse
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NOVUX hardened terminals, fiber indexing

6 port 12F 1.4 with reverse

NOVUX HXT MID # without | NOVUX HXT MID # with Flat Dielectric Stub

NDX MID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
NDX-06HGMOU-AQ010F | HXT-B6HCA0020FNOOO HXT-B6HCA0020FUO00 20 Reverse
NDX-06HGMOU-AQ050F | HXT-B6HCAO050FNOOO HXT-B6GHCAO050FUO00 50 Reverse
NDX-06HGMOU-AQ100F | HXT-B6HCAO100FNOOO HXT-B6HCAO100FUO00 100 Reverse
NDX-06HGMOU-AQ150F | HXT-B6HCAO150FNOOO HXT-B6HCAO0150FUO00 150 Reverse
NDX-06HGMOU-A0200F | HXT-B6HCA0200FNOOO HXT-B6HCA0200FUO00 200 Reverse
NDX-06HGMOU-AQ0250F | HXT-B6HCA0250FNOOO HXT-B6HCA0250FU0O00 250 Reverse
NDX-06HGMOU-A0350F = HXT-B6HCAO0350FNO0O HXT-B6HCA0350FU000 350 Reverse
NDX-06HGMOU-AQ0450F | HXT-B6HCA0450FNOOO HXT-B6HCA0450FUO00 450 Reverse
NDX-06HGMOU-AQ500F | HXT-B6HCAO500FNOOO HXT-B6HCAO500FUO00 500 Reverse
NDX-06HGMOU-AQ600F | HXT-B6HCA0600FNOOO HXT-B6HCAO0600FUO00 600 Reverse
NDX-06HGMOU-AQ750F | HXT-B6HCAO750FNOOO HXT-B6HCA0750FU0O00 750 Reverse 6 port 12F
NDX-06HGMOU-A1000F HXT-B6HCATO00FNOOO HXT-BEHCA1000FU000 1000 Reverse
NDX-06HGMOU-A1250F | HXT-B6HCA1250FNOOO HXT-BEHCA1250FU000 1250 Reverse
NDX-06HGMOU-A1500F HXT-B6HCAT500FNO0OO HXT-BEHCA1500FU000 1500 Reverse
NDX-06HGMOU-A1750F = HXT-B6HCA1750FNO0OO HXT-BEHCA1750FU000 1750 Reverse
NDX-06HGMOU-A2000F HXT-B6HCA2000FNO0OO HXT-BEHCA2000FU000 2000 Reverse

8 port 12F 1:4 with 2F multi-use

NOVUX HXT MID # without | NOVUX HXT MID # with Flat Dielectric Stub
NDX MID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
NDX-43HBMOU-AQ010F = HXT-B8HQAO0020FN0O0O HXT-BSHQA0020FUO00 20 MU 2F/Reverse
NDX-43HBMOU-AQ050F | HXT-B8HQAO050FN00O HXT-BSHQAOO50FUO00 50 MU 2F/Reverse
NDX-43HBMOU-AO100F = HXT-B8HQAO100FN0O0O HXT-BSHQAO100FUO00 100 MU 2F/Reverse
NDX-43HBMOU-AO150F | HXT-B8HQAO150FN0O0O HXT-BSHQAO150FU000 150 MU 2F/Reverse
NDX-43HBMOU-AQ200F = HXT-B8HQA0200FN0O0O HXT-BSHQA0200FUO00 200 MU 2F/Reverse
NDX-43HBMOU-AO250F | HXT-B8HQA0250FN000 HXT-BSHQAO0250FU000 250 MU 2F/Reverse
NDX-43HBMOU-AO350F | HXT-B8HQAO0350FN0O00 HXT-BSHQAO0350FU000 350 MU 2F/Reverse
NDX-43HBMOU-AO450F | HXT-B8HQAO0450FN0O0O HXT-BSHQAO0450FUO00 450 MU 2F/Reverse
NDX-43HBMOU-AQ500F = HXT-B8HQAO500FN0O0O HXT-BSHQAO500FUO00 500 MU 2F/Reverse
NDX-43HBMOU-AOG00F | HXT-B8HQAO600FN0O0O HXT-BSHQAO600FUO00 600 MU 2F/Reverse
NDX-43HBMOU-AQ750F =~ HXT-B8HQAO0750FN00O HXT-BSHQAO0750FU000 750 MU 2F/Reverse 8 port 12F
NDX-43HBMOU-AT000F = HXT-B8HQA1000FN0O0O HXT-BSHQA1000FUO00 1000 MU 2F/Reverse
HXT-BSHQA1250FNO0O HXT-BSHQA1250FUO00 1250 MU 2F/Reverse
HXT-BSHQA1500FNOOO HXT-BSHQA1500FU000 1500 MU 2F/Reverse
HXT-BSHQA1750FNO0O HXT-BSHQA1750FU000 1750 MU 2F/Reverse
HXT-BSHQA2000FNOOO HXT-BSHQA2000FUO00 2000 MU 2F/Reverse
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NOVUX hardened terminals, fiber indexing

Large (9 to 12 ports): 10.1x6.2x3.9 in (257x157x98 mm)

10 port 12F 1:8 with reverse

NOVUX HXT MID # without | NOVUX HXT MID # with Flat Dielectric Stub

NDX MID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
NDX-10HGMOU-AQ010F | HXT-BAHEA0020FNOOO HXT-BAHEA0020FUO00 20 Reverse
NDX-10HGMOU-AQ050F | HXT-BAHEAOO50FNOOO HXT-BAHEAOO50FUO00 50 Reverse
NDX-10HGMOU-AQ100F | HXT-BAHEAO100FNOOO HXT-BAHEAO0100FUO00 100 Reverse
NDX-10HGMOU-AQ150F | HXT-BAHEAO150FNO0OO HXT-BAHEAO0150FUO00 150 Reverse
NDX-10HGMOU-A0200F | HXT-BAHEA0200FNOOO HXT-BAHEA0200FUO00 200 Reverse
NDX-10HGMOU-A0250F | HXT-BAHEA0250FNO0OO HXT-BAHEA0250FU000 250 Reverse
NDX-10HGMOU-A0350F | HXT-BAHEA0350FNO0O HXT-BAHEA0350FUO00 350 Reverse
NDX-10HGMOU-AQ0450F | HXT-BAHEA0450FNO0OO HXT-BAHEA0450FU000 450 Reverse
NDX-10HGMOU-AQ500F = HXT-BAHEAO500FNOOO HXT-BAHEAO500FUO00 500 Reverse
NDX-10HGMOU-AQ600F | HXT-BAHEAO600FNOOO HXT-BAHEAO600FUO00 600 Reverse
NDX-10HGMOU-AQ750F | HXT-BAHEAO750FNO0O HXT-BAHEAO0750FUO00 750 Reverse 10 pOI’t
NDX-10HGMOU-AT000F | HXT-BAHEATO0OFNOOO HXT-BAHEA1000FUO00 1000 Reverse
NDX-10HGMOU-A1250F HXT-BAHEA1000FNOOO HXT-BAHEA1000FUO00 1250 Reverse
NDX-10HGMOU-A1500F | HXT-BAHEA1250FNO0O HXT-BAHEA1250FUO00 1500 Reverse
NDX-10HGMOU-A1750F HXT-BAHEA1500FN0O0O HXT-BAHEA1500FUO00 1750 Reverse
NDX-10HGMOU-A2000F = HXT-BAHEA2750FN00O HXT-BAHEA2750FUO00 2000 Reverse

12 port 12F 1.8 with 2F multi-use

NOVUX HXT MID # without | NOVUX HXT MID # with Flat Dielectric Stub
NDX MID # Universal Mounting Bracket | Universal Mounting Bracket | Length (ft) Options
NDX-83HBMOU-AO0010F = HXT-BCHTA0020FNOOO HXT-BCHTA0020FUO00 20 MU 2F/Reverse
NDX-83HBMOU-AO050F | HXT-BCHTAOO50FNOOO HXT-BCHTAO050FUO00 50 MU 2F/Reverse
NDX-83HBMOU-AO0100F = HXT-BCHTAO100FNOOO HXT-BCHTAO100FUO00 100 MU 2F/Reverse
NDX-83HBMOU-AO0150F | HXT-BCHTAO150FNOOO HXT-BCHTAO150FU000 150 MU 2F/Reverse
NDX-83HBMOU-A0200F = HXT-BCHTA0200FNOOO HXT-BCHTA0200FUO00 200 MU 2F/Reverse
NDX-83HBMOU-A0250F | HXT-BCHTA0250FNOOO HXT-BCHTA0250FU000 250 MU 2F/Reverse
NDX-83HBMOU-A0350F = HXT-BCHTAO350FN0OOO HXT-BCHTA0350FU000 350 MU 2F/Reverse
NDX-83HBMOU-A0450F | HXT-BCHTA0450FNOOO HXT-BCHTA0450FU000 450 MU 2F/Reverse
NDX-83HBMOU-AO500F = HXT-BCHTAO500FNOOO HXT-BCHTAO500FU000 500 MU 2F/Reverse
NDX-83HBMOU-AO0600F | HXT-BCHTAO600FNOOO HXT-BCHTA0600FU000 600 MU 2F/Reverse
NDX-83HBMOU-A0750F = HXT-BCHTA0750FNO0O HXT-BCHTA0750FU000 750 MU 2F/Reverse 12 port 12F
NDX-83HBMOU-A1000F | HXT-BCHTA1000FNOOO HXT-BCHTA1000FUO00 1000 MU 2F/Reverse
HXT-BCHTA1250FNO0O HXT-BCHTA1250FU000 1250 MU 2F/Reverse
HXT-BCHTA1500FNO0O HXT-BCHTA1500FU000 1500 MU 2F/Reverse
HXT-BCHTA1750FNO0O HXT-BCHTA1750FU000 1750 MU 2F/Reverse
HXT-BCHTA2000FNO0OO HXT-BCHTA2000FU000 2000 MU 2F/Reverse
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NOVUX hardened terminals, multi-fiber

AMT-[ [ sl DO DI L

Cablet Customization
Housing color - eStle::ss m Standard (stub first)
n (12f only) Plastic spool (stub first)

|- Black, RAL 9005

n Gray, RAL 7035 - - Flat dielectric
Configuration HMT  —
; Flat toneable
Number of ports 2 fibers (12f only) Accessories
2 port B 4 fibers
n po - ; “ No accessories
0 3pon I  fibers .
n 4 port n 3 fibers Universal bracket
n 5 port 12 fibers Strand bracket
n 6 port n Universal cable bracket
7 por‘[ Cable |ength
. 8port L O ft, 0 m (PN 250 ft, 76 m  [JIJUUN 1000 ft, 304 m Stub end
12 port [ 0010 ROESETY REEON 350 ft, 106 m  BEPEN 1250 ft, 381 m Bl svice st
Adapter type ] WOETO 50 ft, 15 m 04108 450 ft, 137 m (S0l 1500 ft, 457 m HMFOC plug (no pin)
HMFOC jack RN 100 ft, 30 m 010108 500 ft, 152 m (A{8 1750 ft, 533 m
(male/pinned) {0 150 ft, 45 m WS008 600 ft, 182 m  Flelols 2000 ft, 609 m

WPLE 200 ft, 60 m BLFEON 750 ft, 228 m

Contact your CommScope representative
for configuration availability.
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NOVUX hardened terminals, multi-fiber

Small (2 to &4 ports): 7.6x3.7x3.2 in (192x94x80 mm)

2 port

MHT Multi-fiber NOVUX HMT MID # without | NOVUX HMT MID # with Flat Die

Universal Mounting Bracket | Universal Mounting Bracket | Lengt!

Terminal MID #

MHT-02H200U-AQ050F =~ HMT-B2M2A0050NN0O0OO HMT-B2M2A0050NUO00 50 Blue Lanyards
HMT-B2M2A0200NNOOO HMT-B2M2A0200NUO00O 200 Blue Lanyards
MHT-02H200U-A0250F = HMT-B2M2A0250NN0O0O HMT-B2M2A0250NUO00 250 Blue Lanyards
MHT-02H200U-A0500F = HMT-B2M2A0500NN0O0OO HMT-B2M2A0500NUO00 500 Blue Lanyards
HMT-B2M2A0750NNO0O HMT-B2M2A0750NUO00 750 Blue Lanyards
MHT-02H200U-A1000F = HMT-B2M2A1000NNOOO HMT-B2M2A1000NUO0OO 1000 Blue Lanyards
L port
NOVUX HMT MID # without | NOVUX HMT MID # with Flat Die
MHT MID # Universal Mounting Bracket | Universal Mounting Bracket | Lengt!

MHT-04H200U-AO050F = HMT-B4M2A0050NN0O0O HMT-B4M2A0050NUO00 50 Blue Lanyards
MHT-04H200U-A0200F | HMT-B4M2A0200NN0O0OO HMT-B4M2A0200NUO0O 200 Blue Lanyards
MHT-04H200U-A0250F = HMT-B4M2A0250NN0O0O HMT-B4M2A0250NU000 250 Blue Lanyards
MHT-04H200U-AO0500F | HMT-B4M2A0500NN0O0O HMT-B4M2A0500NUO00 500 Blue Lanyards
MHT-04H200U-A0750F = HMT-B4M2A0750NN0O0O HMT-B4M2A0750NUO00 750 Blue Lanyards
MHT-04H200U-A1000F | HMT-B4M2A1000NNO0OO HMT-B4M2A1000NUOOO 1000 Blue Lanyards
MHT-02HNOOU-AO050F = HMT-B2ZMNAOO50NNOOO HMT-B2ZMNAOO50NUO00 50 24 Fiber
MHT-02HNOOU-A0200F = HMT-B2ZMNAO200NNOOO HMT-B2ZMNA0200NUO00O 200 24 Fiber
MHT-02HNOOU-A0250F = HMT-B2ZMNAO250NN0O0O HMT-B2MNA0250NU000 250 24 Fiber
MHT-02HNOOU-AO0500F = HMT-B2ZMNAO500NNOOO HMT-B2ZMNAO500NUO00 500 24 Fiber
MHT-02HNOOU-AQ0750F =~ HMT-B2ZMNAO750NN0O0O HMT-B2MNAQO750NU000 750 24 Fiber
MHT-02HNOOU-A1000F = HMT-B2ZMNA1000NNOOO HMT-B2ZMNA1000NUOOO 1000 24 Fiber
MHT-02H2HOU-AO0500F | HMT-B2M2A0500FNO0O HMT-B2M2A0500FU000 500 HMFOC Stub
MHT-04H2HOU-AO0500F | HMT-B4M2A0500FNO0O HMT-B4M2A0500FUO00 500 HMFOC Stub
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NOVUX hardened terminals, multi-fiber

Medium (5 to 8 ports) and large (9 to 12 ports)

6 port

MHT Multi-fiber NOVUX HMT MID # without E

Terminal MID # Universal Mounting Bracket | Universal Mounting Bracket | S

MHT-06H200U-AQ050F = HMT-B6M2A0050NNO0OO HMT-B6M2A0050NUO00 50 Blue Lanyards
MHT-06H200U-A0200F = HMT-B6M2A0200NNOOO HMT-B6M2A0200NUO00O 200 Blue Lanyards
MHT-06H200U-A0250F = HMT-B6M2A0250NNO0O HMT-B6M2A0250NUO00 250 Blue Lanyards
MHT-06H200U-A0500F = HMT-B6M2A0500NNOOO HMT-B6M2A0500NUO00 500 Blue Lanyards
MHT-06H200U-AQ0750F = HMT-B6M2A0750NNO0OO HMT-B6M2A0750NUO00 750 Blue Lanyards
MHT-06H200U-A1000F = HMT-B6M2A1000NNOOO HMT-B6M2A1000NUOOO 1000 Blue Lanyards
MHT-06H2HOU-AQ0500F = HMT-B6M2A0500FNOOO HMT-B6M2A0500FUO00 500 HMFOC Stub

6 port
12 port 24F

MHT Multi-fiber NOVUX HMT MID # without E

Terminal MID # Universal Mounting Bracket | Universal Mounting Bracket | S

MHT-12H200U-A0050F = HMT-BCM2A0050NNO0O HMT-BCM2A0050NUO00 50 24 Fiber
MHT-12H200U-A0200F | HMT-BCM2A0200NNOOO HMT-BCM2A0200NUO00 200 24 Fiber
MHT-12H200U-A0250F = HMT-BCM2A0250NN0O0O HMT-BCM2A0250NUO00 250 24 Fiber
MHT-12H200U-A0500F | HMT-BCM2A0500NNO0OO HMT-BCM2A0500NUO00 500 24 Fiber
MHT-12H200U-A0750F = HMT-BCM2A0750NNO0O HMT-BCM2A0750NUO00 750 24 Fiber
MHT-12H200U-A1000F | HMT-BCM2A1000NNOOO HMT-BCM2A1000NUO0OO 1000 24 Fiber

26 NOVUX Hardened Terminals Ordering Guide

12 port

4 BACKTO CONTENTS




NOVUX hardened terminals, multi-fiber

Common drop cables for use with HT terminals

i

2-fiber hardened drop cable (HMFOC to LC duplex) - w —

Used to Connect MHT (2-fibers per port) to Small Cell Remote Radio Unit

Length PartE e

1m (3’ DFJ-25320-1M
3m(10) DFJ-25320-3M
4m(13) DFJ-25320-4M
5m(16") DFJ-25320-5M
2-Fiber Singlemode Hardened Drop Cable: 10 m (33') DFJ-25320-10M
HMFOC to LC Duplex Connector 15 m (49") DFJ-25320-15M
20 m (65') DFJ-25320-20M
25 m (82") DFJ-25320-25M
30 m (98") DFJ-25320-30M
50 m (164') DFJ-25320-50M

12-fiber hardened drop cable (HMFOC to LC duplex)

Used to Connect MHT (12-fibers per port) to Small Cell Remote Radio Units

5m(16°) MHBD-FOA1A-0005M

15 m (49" MHBD-FOA1A-0015M

20 m (65") MHBD-FOA1A-0020M
12-Fiber Singlemode Hardened Drop Cable: 30 m (98) MHBD-FOATA-0030M
HMFOC Plug (non-pinned) to Six LC

55 m (180") MHBD-FOA1A-0055M
Duplex Connectors

95m (311" MHBD-FOA1A-0095M

182 m (600") MHBD-FOA1A-0600F

396 m (1300) MHBD-FOA1A-1300F
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NOVUX hardened terminals, optical taps

Housing color
Black, RAL 9005
Gray, RAL 7035
Number of drop ports

2 port
n 4 port
n 8 port

Adapter type

Full-size

HTT-DDH | 00000 O [

000

Tap configurations Customization
21dB m Standard
| B REEE
E j: Accessories
14 4B “ No accessories
13 dB Universal bracket
12 dB Strand bracket
11d8B n Universal cable bracket
) 11 dB
terminating
;Od:B Stub end
v B n Full-size (Stubless)
[\ 7 dB
- 7 dB Cable length
n terminating 0000  [eRisoly
n 5dB
4dB Cable type
“ terminating n Stubless
22.dB
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NOVUX hardened terminals, optical taps

2 drop tap

MST Tap MID #

L drop tap

MST Tap MID #

8 drop tap

MST Tap MID #
MST-09RHO0-N811TT

MST-10RHO0-N812T
MST-10RHO0-N814T
MST-10RHOO0-N815T
MST-10RHOO0-N817T
MST-10RHOO0-N819T
MST-10RHOO0-N821T
MST-10RHO0-N822T
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NOVUX HST MID # without
Universal Mounting Bracket

HTT-B2ZHROO00OHNOOO
HTT-B2ZHQOOO00HNOOO
HTT-B2ZHNOOOOOHNOOO
HTT-B2ZHMOOOOOHNOOO
HTT-B2HKOOO00HNOOO
HTT-B2ZHGOOO00HNOOO
HTT-B2ZHEOOOOOHNOOO
HTT-B2HDOOOOOHNOOO
HTT-B2HCO0000HNOOO
HTT-B2HBOOOOOHNOOO
HTT-B2ZHAO0000HNOOO

NOVUX HST MID # without
Universal Mounting Bracket

HTT-B4HPOOOOOHNOOO
HTT-B4HLOOO0OHNOOO
HTT-B4HKOOO00HNOOO
HTT-B4HHO0000HNOOO
HTT-B4HFO0000HNOOO
HTT-B4HDOOOOOHNOOO
HTT-B4HCO0000HNOOO
HTT-B4HBOOOOOHNOOO
HTT-B4HAO0000HNOOO

NOVUX HST MID # without
Universal Mounting Bracket

HTT-B8HJOO000HNOOO

HTT-BEHGOOO0OHNOOO
HTT-BEHEOOOOOHNOOO
HTT-BEHDOOOOOHNOOO
HTT-BEHCO0000HNOOO
HTT-B8HBOOOOOHNOOO
HTT-BEHAO0000HNOOO
HTT-BEHSO0000HNOOO

NOVUX HST MID # with
Universal Mounting Bracket | Tap dB Value

HTT-B2HRO0000HUO00 Terminating, 4 dB
HTT-B2HQO0000HU000 5dB
HTT-B2HNOOO0OHUO00 7 dB
HTT-B2HM00000HU000 8dB
HTT-B2HKO0000HUO00 10 dB
HTT-B2HGO0000HUO00 12 dB
HTT-B2HEOOOO0HU0O00 14 dB
HTT-B2HD0O0000OHUO00 15 dB
HTT-B2HC00000HU000 17 dB
HTT-B2HBOOOOOHUO00 19 dB
HTT-B2HA00000HU000 21dB

NOVUX HST MID # with
Universal Mounting Bracket | Tap dB Value

HTT-B4HPOOOOOHU0O00 Terminating, 7 dB
HTT-B4HLOO0O00HUOOO 9dB
HTT-B4HKO0000HUO00 10 dB
HTT-B4HHO0000HUO00 11 dB
HTT-B4HFOO000HUO00 13 dB
HTT-B4HD0O0000OHUO00 15 dB
HTT-B4HC0O0000HU000 17 dB
HTT-B4HBOO0O0OOHUO00 19 dB
HTT-B4HA00000HU000 21dB

NOVUX HST MID # with
Universal Mounting Bracket | Tap dB Value

HTT-B8HJOO000HUO0O Terminating, 11 dB
HTT-B8HGOO000HUO00 12 dB
HTT-BEHEOOOOOHU000 14 dB
HTT-B8HDO0000HU000 15 dB
HTT-B8HC0O0000HU000 17 dB
HTT-B8HBOOOOOHUO00 19 dB
HTT-B8HA00000HU000 21dB
HTT-B8HS00000HU0O00 22.dB

2 drop tap 2 drop

terminating tap

4 drop tap 4 drop

terminating tap

8 drop tap 8 drop

terminating tap

<)
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CommScope pushes the boundaries of communications
technology with game-changing ideas and ground-breaking
discoveries that spark profound human achieverment.

\We collaborate with our customers and partners to design,
Create and build the world’s most advanced networks. It is our
passion and commitment to identify the next opportunity and

realize a better tomorrow. Discover more at COmmsCope.com.
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